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Model Size

Coil Face Area
Face Velocity

Total Cooling 
Capacity

External Static 
Pressure

Unit Dimensions Water Flow Rate
Unit 

Weight 
Cooling Coil Water 

Pressure Drop
Motor Installed 

Power

Ft²   (m²) cfm  (m³/s) MBH  (kW) in.wg  (Pa)
Width Height Length

kg ft.wg.  (kPa) GPM  (L/s) hp  (kW)
mm mm mm

CLCP 003 2.58 (0.24) 1,292 (0.61) 38 (11) 1.2 (300) 748 868 1368 160 0.5 (1.5) 7.61 (0.48) 2.0 (1.5)

CLCP 004 4.30 (0.40) 2,161 (1.02) 75 (22) 1.2 (300) 1058 868 1368 200 1.2 (3.7) 14.90 (0.94) 2.0 (1.5)

CLCP 006 6.13 (0.57) 3,072 (1.45) 92 (27) 1.2 (300) 1368 868 1368 260 2.5 (7.5) 20.61 (1.30) 3.0 (2.2)

CLCP 008 7.85 (0.73) 3,941 (1.86) 123 (36) 1.2 (300) 1678 868 1368 300 1.6 (4.7) 24.25 (1.53) 4.0 (3.0)

CLCP 010 9.68 (0.90) 4,873 (2.30) 140 (41) 1.2 (300) 1368 1178 1523 330 1.2 (3.6) 27.74 (1.75) 5.5 (4.0)

CLCP 012 12.47 (1.16) 6,271 (2.96) 205 (60) 1.2 (300) 1678 1178 1523 420 2.9 (8.6) 41.21 (2.60) 5.5 (4.0)

CLCP 014 15.27 (1.42) 7,669 (3.62) 270 (79) 1.2 (300) 1988 1178 1523 470 5.3 (15.8) 54.05 (3.41) 7.5 (5.5)

CLCP 016 17.10 (1.59) 8,581 (4.05) 276 (81) 1.2 (300) 1678 1488 1523 530 2.3 (6.9) 55.32 (3.46) 7.5 (5.5)

CLCP 020 20.97 (1.95) 10,530 (4.97) 365 (107) 2.0 (500) 1988 1488 1678 700 4.3 (12.9) 72.91 (4.60) 15.0 (11.0)

CLCP 025 25.81 (2.40) 13,072 (6.17) 467 (137) 2.0 (500) 1988 1798 1833 750 6.1 (18.3) 93.36 (5.89) 15.0 (11.0)

CLCP 030 31.18 (2.90) 15,678 (7.40) 546 (160) 2.0 (500) 1988 2108 1988 850 4.9 (14.7) 109.21 (6.89) 15.0 (11.0)

CLCP 035 36.88 (3.43) 18,538 (8.75) 672 (197) 2.0 (500) 2298 2108 1988 990 8.0 (23.9) 134.41 (8.48) 20.0 (15.0)

CLCP 040 42.69 (3.97) 21,441 (10.12) 802 (235) 2.0 (500) 2608 2108 2143 1150 12.0 (36.0) 160.09 (10.10) 20.0 (15.0)

CLCP 045 48.39 (4.50) 24,322 (11.48) 928 (272) 2.0 (500) 2918 2108 2143 1250 17.1 (51.1) 185.45 (11.70) 25.0 (18.5)

CLCP 050 54.19 (5.04) 27,225 (12.85) 1,054 (309) 2.0 (500) 3228 2108 2298 1460 23.4 (70.0) 211.29 (13.33) 30.0 (22.0)

CLCP 060 63.98 (5.95) 32,140 (15.17) 1,242 (364) 2.0 (500) 3228 2418 2453 1870 22.9 (68.4) 248.22 (15.66) 40.0 (30.0)

CLCP 065 70.75 (6.58) 35,551 (16.78) 1,385 (406) 3.0 (750) 3538 2418 2608 2110 26.4 (78.8) 279.13 (17.61) 50.0 (37.0)

CLCP 070 77.53 (7.21) 38,962 (18.39) 1,339 (410) 3.0 (750) 3848 2418 2608 2210 8.7 (25.9) 272.94 (17.22) 50.0 (37.0)

CLCP 080 84.41 (7.85) 42,415 (20.02) 1,515 (444) 3.0 (750) 4158 2418 2608 2450 10.9 (32.6) 302.90 (19.11) 60.0 (45.0)

CLCP 085 91.18 (8.48) 45,805 (21.62) 1,662 (487) 3.0 (750) 4468 2418 2608 2570 13.3 (39.9) 331.91 (20.94) 60.0 (45.0)

CLCP 090 97.96 (9.11) 49,216 (23.23) 1,815 (532) 3.0 (750) 4778 2418 2608 2840 16.2 (48.5) 362.97 (22.90) 75.0 (55.0)

CLCP 095 105.16 (9.78) 52,839 (24.94) 1,938 (568) 3.0 (750) 5088 2418 2608 2940 15.4 (46.0) 387.86 (24.47) 75.0 (55.0)

Model Size 003 004 006 008 010 012 014 016 020 025 030

Length, mm 775 775 775 775 930 930 930 930 1085 1240 1240

Model Size 035 040 045 050 060 065 070 080 085 090 095

Length, mm 1240 1395 1395 1550 1705 1860 1860 1860 1860 1860 1860

Model Size 003 004 006 008 010 012 014 016 020 025 030

Length, mm

Model Size 035 040 045 050 060 065 070 080 085 090 095

Length, mm

Model Size 003 - 025 030 - 095

1 and 2 row coil 310 mm 310 mm

4 row coil 310 mm 465 mm

Model Size 003 - 025 030 - 095

6 row coil 465 mm 465 mm

8, 10 and 12 row coil 620 mm 620 mm
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