INVERTER

Mini-Split Air Conditioner
13,000 — 60,000 BTU/H Ceiling/Concealed/Round-Flow Cassette Model 3
MYX/MYD,/MYC/TYK R32 Series 50Hz IRAN=
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Ceiling Type R32 Inverter
(MYXE12-60BB)
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Round-Flow Cassette Type
R32 Inverter (MYCE12-60BB)
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